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ISOMETRIC VIEW

STEGO EXHAUST FAN, TOP MOUNT, 338 CFM, 115 VAC OPERATING VOLTAGE, G3 (COARSE) FILTER MAT, NEMA 3R,

INDOOR USE ONLY, 9.69 X 9.69IN ENCLOSURE CUTOUT, RAL 7035 LIGHT GRAY.
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NOT TO
SCALE

PART DIMENSIONS MAY DIFFER SLIGHTLY
DUE TO MANUFACTURER'S VARIANCES

METRIC UNITS USED
FOR PART DESIGN

UNLESS OTHERWISE

SPECIFIED UNITS ARE:

inch
[mm]
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