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ISOMETRIC VIEW
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STEGO ENCLOSURE HEATER, AXIAL FAN, 200W HEATING CAPACITY, HIGH PERFORMANCE CARTRIDGE HEATING ELEMENT, 24 VDC 
OPERATING VOLTAGE, ADJUSTABLE THERMOSTAT WITH EXTERNAL SENSOR CONNECTION, N.C. (OPEN ON RISE) -4 TO 104 DEG F, 
35MM DIN RAIL OR PANEL MOUNT.
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