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ASO SAFETY SOLUTIONS SAFETY CONTACT MAT, 24 X 24IN, STRAIGHT EDGE, 24 VAC/VDC OPERATING VOLTAGE, POLYURETHANE 
CONTACT SURFACE, BLACK, IP65, 4.7IN/120MM CABLE LENGTH, (1) 3-PIN MALE M8 CONNECTOR AND (1) 3-PIN FEMALE M8 
CONNECTOR.
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