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Revision History / Revizyon Tarihgesi

No Date Request No Revision Realised By |Approved By
Nu. Tarih Talep Nu. Revizyon Gergeklestiren| Onaylayan
2 [09.102019| 2530 Body and washer designs have been changed. MKOCAOGLU| N.ORAL
Govde ve rondela tasarimi degistirildi.
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Accessory Code

L=Locknut (Locknut is mandatory for NPT threads)

Gland Sizes
0S=NPT1/4"

Thread length
(optional)
(if not standard TL)
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CLAMPING RANGE= min.@3.0 - max.@6.5mm

9 1 |NPSL 1/4" LOCKNUT Stainless Steel

8 1 |M16 HYGIENIC GLAND SEAL WASHER EPDM (Food Contact Grade)

7 1 |M16 HYGIENIC GLAND PISTON RING INOX Stainless Spring Steel

6 1 |[NPT 1/4" HYGIENIC GLAND BODY TL10 INOX Stainless Steel

5 1 |M12 HYGIENIC GLAND PRESSURE RING INOX Stainless Steel

4 1 |M12 HYGIENIC GLAND CABLE CLAMPING RING POM (Hostaform C13031)

3 1 |M12 HYGIENIC GLAND CONICAL RING INOX Stainless Steel

2 1 |M12 HYGIENIC GLAND SEAL EPDM (Food Contact Grade)

1 1 |NPT 1/4" HYGIENIC GLAND CAP INOX Stainless Steel
No/Nu.Qty/Ad., Part Name/Parga Adi Material/Malzeme

Part List / Parga Listesi

Drawing Number / Resim No 11253 Reference Number / Ref. No Date / Tarih
1st Discl.Request #/Y.Yn.Tal.No 2378 Designed by / Tasarlayan Mustafa KOCAOGLU 19.07.2019
Bimed Code / Bimed Kodu BNHG1-0S-L Approved by / Onaylayan Nursel ORAL 19.07.2019 | Undefined Tolerances acc.tof

NPT 1/4" HYGIENIC GLAND TL10 INOX WITH LOCKNUT

Material / Malzeme

(DIN 7168-f)

NPT 1/4" HIJYENIK RAKOR TL10 INOX SOMUNLU

bimed

Volume/Hacim Mass / Agirlik

6756 mm*3 -

Nominal size ranges | Value
Anma 6lgii araliklari | Deger

05<.<3 0,05
3<.<6 £0,05
6<..<30 0,10
30<..120 0,15

120<...<400 +0,20
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