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BALLUFF IO-LINK HUB, UP TO (16) DISCRETE I/O POINTS, UP TO (16) DISCRETE INPUT POINTS, (8) 5-PIN M12 A-CODED PORTS, 
24 VDC, IO-LINK V1.1, IO-LINK CLASS A DEVICE, 4A, 0.2A/PORT, IP67. REQUIRES IO-LINK MASTER

mm
[inch]
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