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HAMMOND CONTROL TRANSFORMER, OPEN CORE, 1.5 KVA, 1-PHASE, 480/600 VAC

C2G1500ACP

AutomationDirect.com
1-800-633-0405

@E iLdGLE

NOT TO

PART DIMENSIONS MAY DIFFER SLIGHTLY| METRIC UNITS USED
DUE TO MANUFACTURER'S VARIANCES FOR PART DESIGN

UNLESS OTHERWISE inch | MODEL
SPECIFIED UNITS ARE: [mm] | REV.

DRAWING DATE
10/21/2026

SHEET 1 OF 1

SCALE


https://www.automationdirect.com/

	Sheet1
	Drawing View1
	Drawing View2
	Drawing View3
	Drawing View4
	Drawing View5


