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SECTION A-A

HARDWARE INCLUDED (FOR ATTACHING 
NEMA 17 STEPPER MOTOR)

TYPE QTY

M3-0.5 X 14MM SHCS 2

M3-0.5 X 16MM SHCS 2

7/29/2026

PBC COMPACT SERIES LINEAR ACTUATOR ASSEMBLY
mm
[inch]
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