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LAUMAS TENSION AND COMPRESSION LOAD CELL, 11020 LB/5000 KG, +/- 0.02% OF FULL SCALE ACCURACY, VOLTAGE SIGNAL 
RANGE(s) OF 2 MV/V, 3-15 VDC, STAINLESS STEEL, IP68, 32.8FT/10M INTEGRAL 6-WIRE SHIELDED CABLE

mm
[inch]
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