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LIKA ELECTRONIC DWI SERIES INCREMENTAL (QUADRATURE) LINEAR DRAW WIRE ENCODER, MEDIUM DUTY, 5-30 VDC, RADIAL EXIT, UNIVERSAL 
(LINE DRIVER OR NPN/PNP OPEN COLLECTOR) OUTPUT, 0.025mm/COUNT, 16.4FT/5M DRAW WIRE, IP65, 6.5FT/2M CABLE LENGTH, PIGTAIL

mm
[inch]
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