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ProSense FLOAT LIQUID LEVEL SWITCH, HORIZONTAL SIDE MOUNT, 4.6in INSERTION LENGTH, 0.62in DIAMETER FLOAT, 316 SS 
WETTED PARTS, -40 TO 392 DEG F, 1in MALE NPT PROCESS CONNECTION, SPST REED SWITCH, N.O./N.C. SELECTABLE
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[mm]
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