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#22 AWG HALAR

3/24/2022

ProSense FLOAT LIQUID LEVEL SWITCH, VERTICAL TOP MOUNT, 2in INSERTION LENGTH, 0.9in DIAMETER FLOAT, 316 SS 
WETTED PARTS, -40 TO 302 DEG F, 3/4in MALE NPT PIPE PLUG PROCESS CONNECTION, SPST REED SWITCH, N.O.
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