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NOTES:

  1. DIMENSIONS CAN BE CHANGED BY MANUFACTURER WITHOUT NOTICE.

  2. DIMENSIONS DO NOT IMPLY TOLERANCE.

Units: mm [inches]
GIG-XY-085-V-M12

GEFRAN INCLINATION SENSOR, 2 AXES, +/- 85 
DEGREES, +/-0.5 DEGREES ACCURACY, 

REDUNDANT 0-10 VDC OUTPUT, IP67, 
THERMOPLASTIC (PBT) HOUSING, (2) 5-PIN M12 

QUICK-DISCONNECT.
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