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HARDWARE INCLUDED

TYPE QTY

SENSOR BRACKET 1

SOCKET HEAD CAP SCREW M5-0.8 X 1
35mm

T-NUT M5-0.8 THREADED 1

SOCKET HEAD CAP SCREW M3-0.5 X >
6mm

SQUARE SPACER 1

PBC UG SERIES SENSOR BRACKET

LATA-SENBRKT-01-KIT

AutomationDirect.com
1-800-633-0405
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NOT TO
SCALE

PART DIMENSIONS MAY DIFFER SLIGHTLY
DUE TO MANUFACTURER'S VARIANCES

METRIC UNITS USED
FOR PART DESIGN

UNLESS OTHERWISE

mm

SPECIFIED UNITS ARE: [inch]

MODEL
REV.
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