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ISOMETRIC VIEW
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MECHANICAL STROKE

5MM ADJUSTABLE LENGTH

EXTENDED

TECHNICAL SPECIFICATIONS

RETRACTED

SLPC [MM] 25

US [ USEFUL STROKE ] 25
MS [ MECHANICAL STROKE ] 28

L [ TOTAL LENGTH ] 116

10/4/2024

PROSENSE POTENTIOMETER LINEAR POSITION SENSOR, PIVOTING SLIDE, 25MM STROKE, 33 X 
33 X 247MM BODY, ROD EYES MOUNT, PIGTAIL, 3.2FT/1M CABLE LENGTH.

mm
[inch]
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