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CONTRINEX PHOTOELECTRIC SENSOR, RECTANGULAR, ABS PLASTIC HOUSING, THROUGH-BEAM EMITTER, VISIBLE RED LIGHT 
EMISSION, 25M SENSING DISTANCE, 10-30 VDC OPERATING VOLTAGE, 3-WIRE, PIGTAIL.
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