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A: EMITTER AXIS

B: RECEIVE

R AXIS

CONTRINEX PHOTOELECTRIC SENSOR, RECTANGULAR, ABS PLASTIC HOUSING, THROUGH-BEAM RECEIVER, VISIBLE RED LIGHT
EMISSION, 25M SENSING DISTANCE, 10-30 VDC OPERATING VOLTAGE, COMPLEMENTARY LIGHT-ON/DARK-ON, NPN, 4-WIRE, 4-PIN

M8 QUICK-DISCONNECT,

LLR-C23PA-NMS-101
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NOT TO
SCALE

PART DIMENSIONS MAY DIFFER SLIGHTLY
DUE TO MANUFACTURER'S VARIANCES

METRIC UNITS USED
FOR PART DESIGN

UNLESS OTHERWISE
SPECIFIED UNITS ARE:

mm
[inch]
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