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BLOCK LR3 SERIES LINE REACTOR, 230/480 VAC, 2HP AT 230 VAC AND 5HP AT 480 VAC, 3-PHASE, 
6A, 5% IMPEDANCE, INPUT SIDE ONLY, FOR USE WITH MULTIPLE AC DRIVES

inch
[mm]

UNLESS OTHERWISE 
SPECIFIED UNITS ARE:

LATEST VERSIONPART DIMENSIONS MAY DIFFER SLIGHTLY 
DUE TO MANUFACTURER'S VARIANCES

NOT TO
SCALE
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