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TECHNICAL SPECIFICATIONS

SLPC [MM] 550

US [ USEFUL STROKE ] 550
MS [ MECHANICAL STROKE ] 554

L [ TOTAL STROKE ] 736

1/14/2025

PROSENSE POTENTIOMETER LINEAR POSITION SENSOR, RODLESS SLIDE, 550MM STROKE, 33 X 33 X 708MM 
BODY, CHANNEL MOUNT, 18MM DIN 43650 FORM A.

mm
[inch]
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