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ALLIANCE SENSORS INDUCTIVE LINEAR POSITION SENSOR, SLIDE, 12.7MM STROKE, 5.2MM SHAFT DIAMETER, 4-
20 MA OUTPUT, 19MM DIAMETER X 35MM BODY, M5 X 0.8 MOUNT, PIGTAIL, 3.2FT/1M CABLE LENGTH.
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