1.) TRANSMITTER DIODE
2.) RECIEVER DIODE
3.) SCREW M4 = 0.5 Nm

4.) ALL DIMENSIONS ARE MM (1MM = 0.03937 INCH)
5A) SWITCHING STATUS INDICATOR, O1
7C) ANALOG OUTPUT INDICATOR, AO

20) ENTER KEY
60) DISPLAY
68) POWER LED
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