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SIFAM TINSLEY MCS SWITCHBOARD METER, 4.5IN ANALOG DIAL DISPLAY, 0-1000A DC, VOLTAGE INPUT, SHUNT AutomationDirect.com
RATED, PIVOT AND JEWEL, ROUND 4-HOLE MOUNT PK-103-121-CASS 1-800-633-0405
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