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AUTOMATIONDIRECT VTF2 SERIES DRIVE OUTPUT FILTER, 208-600 VAC, 3-PHASE, 27A, 20HP AT 460 VAC AND VTF2_46_ N P AutomationDirect.com
25HP AT 575 VAC, OPEN FRAME, OUTPUT SIDE ONLY, FOR USE WITH MULTIPLE AC DRIVES 1-800-633-0405
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