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« Shielded
= Cable material made of PVC for applications in wet rooms or
under water
» Sturdy metal union nut
= Flexible lead design
= Good stripping properties
« High protection type
= Gold-plated plug-in contacts
—mmms— 1 BN: braun/brown / marron 5
—mmm— 2 BU: blau/blue/ bleu 4, 6
———>— 3 WH: weiB / white / blanc
—e===— 4 GN: grin/green/ vert 7
. 43.5 | —e===— 5 PK: rosa/pink/rose
———=— 6 YE: gelb/yellow/jaune 2 8
—esm— 7 BK: schwarz / black /noir
B . —=—=— 8 GY: grau/grey/gris 1 9
—mssm— O RD: rot/red/rouge
—mmmm— 10 VL : violett/ violet / violet
—=—— 11 GY/PK: grau/rosa / grey/pink / gris/rose
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RD/BU: rot/blau / red/blue / rouge/bleu
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Technical data (typ.)
Service voltage
Length

Diameter

Thread

Material of cable
Component

Design
Characteristics

To be used for

LED Anzeige

Ambient temperature during operation
Protection type
Connection
Cross-section

More information / accessories
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30 VAC/DC

5,000 mm

@ 6.5 mm (Diameter)

M12

PVC

Connection cable

Straight / open cable end
Shielded, Metal nut

CS 50 Vision Sensors, CS 60 Vision Sensors
No

-25 ... +85 °C (Movable, Fixed)
IP 65 /1P 66K/IP 67

Socket, M12, 12-pin, A-coded
0.14 mm? (12 x)
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