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5'81 CS60-BP-850-D11.8
. Bandpass filter

» Infrared filter
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Technical data (typ.) +20°C
Total height (A) 1 mm
Diameter @ 11.8 mm (Diameter)
Housing material Borofloat
Weight 19
Component Bandpass filter
To be used for CS 60 Vision Sensors
Scope of delivery Bandpass filter, 1 O-ring
Color Infrared
Wavelength 850 nm
Transmission 840 to 900 nm (> 85%), 350 to 780, 960 to 1100 mm (< 3%)
Angle of incidence AQI 0..15°
More information / accessories https://www.di-soric.com/213022
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