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1. MATERIAL COMPOSITION: GLASS FurAu OT7
FILLED POLYESTER.
2. DIMENSIONS ARE IN mm/[ INCHES] . - 13—
3. TOLERANCES ARE +.01 UNLESS [5.207
OTHERWISE SPECIFIED.
WIRE uL CSA
P/N AMPERE CONN RMS SYM TORQUE WIRE
RATING TYPE RATING (LBS-1IN) RANGE °C TYPE FILE NO. | GUIDE NO. FILE CLASS
FBCC30CDT 30 BOX 50,000 27 #10-#14 75 Cu E191605 WPZX 703166 465204
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