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The following requirements are necessary for proper installation.
-Install the signal tower where excessive vibration is not present.
- Install the signal tower on a sturdy surface.
-Install the signal tower on a level surface.

/\ CAUTION

Install the signal tower in an upright position.

To ensure the waterproofing performance of this product,
do not remove the O-ring or the waterproof packing.

The following is an example on how to mount the platform bracket with the LS7.

Verify the signal tower installation
position.

* Please check the following things before
mounting.
* Does it interfere with any obstacles?
+ Can wiring extraction be performed?
« Is the attachment direction sufficient?

Marking holes for wiring and installation.

Punch, etc.

‘ Installation Template

Use the installation template included to
mark the holes with a punch for drilling.

* Please refer to the instruction manual for
the LS7 in combination with this manual for
the included paper pattern.

Making the installation and
wiring holes.

e @ Drill, etc.

~ @ =
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Use a drill to make the mounting and
distribution hole.

Place the bracket in the installation holes.

Platform Bracket

Tighten the nuts from the
underside.

|Recommended Torque] : 1.4 N-m

Remove the signal tower from the mount.

LS7 Main Unit
Pull lead wires from hole
Mount

« Refer to " [f8Stackable Tower Construction”
section of the LS7 instruction manual for
details on how to remove the mount.

« When using the platform bracket, do not use
the mount.

E Attach the LS7 main unit to the bracket.

Platform p
Bracket LS7
Main Unit
h 43 Thread through

\// T the wiring hole.
Thread the lead wires through the platform
bracket and wiring hole, before installing
the main unit to the bracket.

* When attaching the bracket,
Refer to " [ffStackable Tower Construction”
section of the LS7 instruction manual.

« Be careful not to pinch the lead wires or cable.

* The attachment of the LS7 Main Unit and
platform bracket is secured when a "click"
sound is heard.
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(Note) Dimensions, specifications and structure are subject to change for improvement without notice.
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