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PATLITE.
EXTENSION POLE

ESZ-150
INSTRUCTION MANUAL

p
This product is an optional part which is compatible with the Model MP Signal Tower, and
L is an attachment to increase its height.

Model MP Signal Tower

{Note) - This option part will be in effect as of April, 2012. To verify the latest compatible options and model,
please visit our homepage.

* Henceforth, “Model MP Signal Tower” has been abbreviated to “MP” .

A) W A R N | N G Failure to observe the following may result in death or serious injury.

Do not use the Extension Pole as leverage when climbing up onto the equipment. Failure to comply will
result in falling from a high place, or damage to the product.

‘Part Names and Outer Appearance

< ¢ 30mm
Main Unit
250mm X Detailed Diagram of Dust Tap
Main Unit
Mounting Screw
) 15mm
Waterproof Packing \Q
18mm | (Note)

B This dust stopper can not

Dust Tap'x prevent entry of fine dust

particles and water.
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' 2 [ Installation

Refer to the procedure below for installing this product onto the MP.

A U1V [el Make sure that the power supply is disconnected before installing the SZ-150.

» The following requirements are necessary for proper installation.

- Install the Signal Tower where excessive vibration is not present.

- Install the Signal Tower on a sturdy surface.

- Install the Signal Tower on a level surface.
» Install the Signal Tower in an upright position.
« Do not use if the waterproof packing has been removed.

Failure to comply will result in a decrease in waterproofing performance.
» Do not use with more than two SZ-150 units connected together.
Failure to comply will result in the product falling causing damage.

Thread the
lead wires
through.
@)

Insert the Waterproof Packing
(supplied with the MP). {(D)

S7-150 Main Unit ~

= Insert the Waterproof Packing.
{2l ©)

@ Insert the Waterproof Packing between
the MP and the SZ-150.
(@ Thread the lead wires through the SZ-150.

» Before installation, remove the dust stopper
from the Main Unit.

; | MP
+ Please check the following things before Insert the Waterproof Packing
mounting. (supplied with the MP). (D)
+ Does it interfere with any obstacles? i

* Is there enough work space when wiring the MP? Screw in the M12 Cable. (®)
+ Allowable installation thickness is up to 5mm.

Installation Surface

Main Unit

Washer {)
b

Drill, ete. (supplied with the MP) -

Hexagonal Nut N
{supplied with the MP) []

Insert the Waterproof Packing. (D)

@ Insert the Waterproof Packing between
@the MP and the SZ-150.

. . . Thread the M12 Cable through as shown
Use a drill to make the installation hole in the illustration.

($22mm) . (3 Screw the M12 Cable into the MP.




(supplied with the MP)

SZ-150

* Do not apply excessive force when screwing
the SZ-150 into the MP. Failure to comply may

result in product damage.

S mj

S§Z-150 Main Unit

Lead wires or
M12 Cable

Dust Tap

After attaching the dust stopper to the lead
wires, or to the M12 cable, insert the dust
stopper into the wire hole and slide it in the
base of the SZ-150.

SZ-150

Waterproof Packing

Lead wires
~ or M12 cable

installation hole /é\‘ﬁ/

Cross-section of
Installation Area

Waterproof
§Z-150 Packing
Installation —»ZZZE

Surface

Washer
(Main Unit)
(supplied with the MP)

Hexagonal Nut
(supplied with the MP)
Recommended Torque
3.5N'm

Lead wires
or M12 cable\'m

After threading the lead wires through the MP
Main Unit Washer and the Hexagonal Nut,
screw the Hexagonal Nut onto the SZ-150.

Screw the Main Unlt Washer and the
Hexagonal Nut (which had the cable passed
through them in step 3) onto the SZ-150.

i+ Do not tighten the Hexagonal Nut to a torque

i which is higher than the recommended
torque.If this is not observed, damage to the
Main Unit may occur.

Specifications

Indoor use only Approx.100g
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PATULITE Corporation

International Division
4-4-25, Hommachi, Chuo-ku, Osaka-shi, Osaka 541-0053 Japan ~ TEL. +817-6-//11-8953
PATLITE (U.S.A.) Corporation Whttop.//www.patlite.com/
PATLULITE Europe GmbH xGermany  Whttp.//www.patlite.eu/
PATLITE (SINGAPORE) PTE LTD WNhttp.//www.patlite.com/

PATUITE (CHINA ) Corporation Whttp./www.patlite.cn/
PATLITE KOREA CO.,.LTD. B htto.//www.patlite.co.kr/
PATLITE TAIWAN C0O..LTD. Bhttp.//www.patlite.tw/

http://www.patlite.com/

http://www.patlite.co.jp

http://global.patlite.com

GE) - & - IRBLUBEL LI, RBOHFELGCEETDIILHBYET,
«INFSA FBXT PATLITE i3, RE/\NF 54 FORERUEEOEHREFEEIIEETT.
(Note) + Dimensions, specifications and structure are subject to change for improvement without notice.
« PATLITE is a trademark or registered trademark of the PATLITE Corporation in JAPAN and/or
other countries.
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