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ITEM NO. DESCRIPTION Qry
] DTS 34xx Left Mount Iso 1
2 DTS 34xx Right Mount Iso 1
3 DTS 34x« Mid Mount Iso 2
4 DTS 34xx Top Mount Iso 1
5 Screw HX Méx25 V2 (KB B |°
s KB-spiit lokwashr DIN 1278 6mm 15
m 7 [Washer SD A 6 VZ ID6,4 (KB) 15
8 Bolf, Threaded M6x30-14H (KB] 2
9 INUT M6 VZ (KB) 2
10 Eye Bolf M8 x 1.25 2
K [Clamp, Hose 12-18 mm [
12 PVC clear hose 12x2 mm 026
13 Ziplock bag 100x100mm PFA T e
4 Bag ziplock 220x310MM _FLFO2 1
15 multi-conn 5POL RM5 Wago 1
6 WIRE BK T6AWG 110 AE AE ]
17 [MUIti-Conn 4POL WagoF 45deg 1
18 Power Supply Conduit Box 1
9 romex clamp connector 3/8" [
20 Label carfon blank 55x55 PFB/E 1
21 Driling Template DTS 34/36x1 1
22 [Manual Quick Guide e
23 ICE Letter of Conformity- DTS 1
24 UKCA Declaration DTS 3000 1
25 ziplock bag 280x400mm 1
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