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MTG. SLIDE BRACKET TO DOOR:
1/4—20 CD STUDS INSIDE DOOR.,
OR .260 HOLES FOR 1/4—20 X
.75 BOLTS.
//

MTG. BRACKET TO ENCLOSURE:

1/4—20 CD STUDS INSIDE
BOTTOM FLANGE, OR .260 HOLES

FOR 1/4-20 X .50 BOLTS.

MTG. PROVISION .50” DOWN FROM
INSIDE OPENING.

REF. SIDE DETAIL.

TOP SECTION

LARGE CONCEALED HINGE (SCE-3916)

918)

OPENING | » o o
ANCLE | X Y
90 2.45” 7.19”
105 2.45" 7.19”
120 2.45" 5.81”
135 2.45" 5.817
SMALL CONCEALED HINGE (SCE-3
OPENING | » » S
ANGLE X Y
90 2.45" 7.44”
105 2.45" 7.44”
120 2.45” 6.24"
135 2.45” 6.24"
SIDE SECTION
DETAIL

XX [Changed "Y” to center of stud from door ID.

06-03-14

DEP

XX |Changed side section detail dim to 1.38

04-08-11

DEP

X.X | CORRECTED DIMENSIONS FOR 14GA EL STYLE 17

SEP 09

DEP

XX | CORRECTED DIMENSION, 0.498 NOW 0.563 21

JUL 09

DEP

CHANGED ALL MOUNTING DIMENSIONS 09

JUL 09

DEP

XX | MOVED DIM. LINE

15

APL 03

Jc

XX | ADDED CHARTS

29

OCT 02

Jc
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