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PART # A B 

SCE-FK0608 6.00 8.00 

SCE-FK0610 6.00 10.00 

SCE-FK0612 6.00 12.00 

SCE-FK0618 6.00 18.00 

SCE-FK0624 6.00 24.00 

SCE-FK1208 
SCE-FK1208SS 

12.00 8.00 

SCE-FK1210 
SCE-FK1210SS 

12.00 10.00 

SCE-FK1212 
SCE-FK1212SS 

12.00 12.00 

SCE-FK1216 
SCE-FK1216SS 

12.00 16.00 

SCE-FK1218 
SCE-FK1218SS 

12.00 18.00 

SCE-FK1220 
SCE-FK1220SS 

12.00 20.00 

SCE-FK1224 
SCE-FK1224SS 

12.00 24.00 

SCE-FK1512 
SCE-FK1512SS 

15.00 12.00 

SCE-FK1516 15.00 16.00 

SCE-FK1518 
SCE-FK1518SS 

15.00 18.00 

SCE-FK1524 
SCE-FK1524SS 

15.00 24.00 

SCE-FK1808 18.00 8.00 

SCE-FK1810 18.00 10.00 

SCE-FK1812 18.00 12.00 

SCE-FK1816 18.00 16.00 

SCE-FK1824 18.00 24.00 

SCE-FK2410SS 24.00 10.00 

SCE-FK2412SS 24.00 12.00 

CARBON 
STEEL LEGS 
UTILIZE 5/16-
18 U-NUTS. 

SS LEGS 
HAVE 5/6-18 NUTS 
PRESSED IN 
PLACE. 

FLOOR LAYOUT 
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FLOOR KIT POSITIONING ON 
MULTI-DOOR ENCLOSURES 

NOTES: 

1. MAXIMUM UNSUPPORTED SPAN IS 120.00” 

2. FLOOR KITS MUST BE SHIPPED LOOSE. 

 

LOAD CAPACITY: 

1 SET 3000 LBS AT MAX. HEIGHT “A” OF 18” 

2 SETS 6000 LBS AT MAX. HEIGHT “A” 18” 


