For the latest prices, please check AutomationDirect.com.

Fiberglass Enclosures — MachoBox Series
— Raised Cover 0 AttaoBox

. A ROBROY ENCLOSURES™ BRAND
Raised Screw Cover

Construction Listings

tENC-183

MR1210W

« Hot compression molded fiberglass
reinforced polyester (thermoset)

« Poured polyurethane seamless gasket
provides watertight, dust-tight
environmental seal

- 304 stainless steel used on all
external hardware

- Lift-off extended-depth cover with four
screws

- Stainless steel beaded chain for cover
retention

« Rounded edges, minimal protrusions or
exposed pocket area for accumulation of
dust or debris

+ Molded-in flange for easy mounting

- Raised bosses with brass inserts
accepting #10-32 screws for optional
panel mounting

- Workable material cuts, drills, punches
and saws with ease and accuracy

« Non-conductive, UV resistant
« 216 Ib-in impact resistance per UL746C

« Smooth surface, no color variations,
swirls or color pockets, no voids

« Submersible, non-corrosive
environmental design

« Color: Gray

+ UL/cUL File E64358

« NEMA Ratings 1, 3R, 4X, 6P, 12
(UL508A, UL50 & UL50e)

- IEC 60529 Ratings IP66 per UL File
E362920

- CSA Std. C22.2 Types 1, 3R, 4X, 6P, 12
per CSA File LR0O69014

« UL 1741 File E333478

- Temperature Range (-76°F to +274°F)
(-60°C to +134°C)

« Flammability Rating UL94-5V

- Self Extinguishing Non-Halogenated,
Non-flame propagating

- NFPA No. 101 Flame Spread Class A (1)
+ Impact Rating IK10
« Certifications cULus, IEC, REACH, RoHS

- Outdoor UV Exposure (UL 746C) (f1)
Rated

@c“usc €

Enclosure Shipping Schedule

Same day

Color indicates shipping lead time in business days.

MachoBox Series Fiberglass Enclosures - Raised Screw Gover

Enclosure Price Enclosure Overall Wt. | Carbon Steel Fiberglass Aluminum
Part Number Size HxWxD | [Ib] Subpanel Subpanel Subpanel
747 X547 x6.21
$58.00 [190x139x158] |
750X 7.53x 6.32
86300 (191 x 191 ¢ 161] | 2
9.63x752x6.20
MR806W $T100 | ogsy 101 ¢ 158 | O BP86A
MR10osW | ssom | (POSTOS as | pp1osCs BP108A
sop00 | EXTLIAS | 57 | BP1210CS BP1210A
$10700| DRON BN | 91 | BP1412CS BP1412A
MR1614W srozo0 | 1AM |92 | BPI614CS BP1614A
Notes: Subpanels must be ordered separately.
Dimensions in inches [millimeters].

General Purpose Enclosures

1-800-633-0405



For the latest prices, please check AutomationDirect.com.

Fiberglass Enclosures — MachoBox Series

— Raised Cover

Raised Hinged Screw Cover

w RAttoBox

A ROBROY ENCLOSURES™ BRAND

Construction Listings
« Hot compression molded fiberglass « UL/cUL File E64358
reinforced polyester (thermoset) - NEMA Ratings 1, 3R, 4X, 6P, 12
- Poured polyurethane seamless gasket (UL508A, UL50 & UL50e)
provides watertight, dust-tight - IEC 60529 Ratings P66 per UL File
environmental seal £362920
« 304 stainless steel used on all + UL 1741 File E333478

MR1210HW

MachoBox Series Fiberglass Enclosures - Raised Hinged Screw Cover
Enclosure Overall Size | Wt.

external hardware
. CSA Std.C22.2 Types 1, 3R, 4X, 6P, 12
per CSA File LR069014

- Temperature Range (-76°F to +274°F)

« Full length, stainless steel, hinged,
extended-depth cover with two screws

« Rounded edges, minimal protrusions or (-60°C to +134°C)
exposed pocket area for accumulation
of dust or debris - Flammability Rating UL94-5V
« Molded-in flange for easy mounting - Self Ethinguishing Non-Halogenated,
- Raised bosses with brass inserts Non-flame propagating
accepting #10-32 screws for optional « NFPA No. 101 Flame Spread Class A (1)
panel mounting « Impact Rating IK10
« Workable material cuts, drills, punches « Certifications cULus, IEC, REACH, RoHS
and saws with ease and accuracy
A . - Outdoor UV Exposure (UL 746C) (f1)
« Full 180° door opening Rated

« Non-conductive, UV resistant ®
+ 216 Ib-in impact resistance per UL746C ‘SP c“ Usc €
« Smooth surface, no color variations,

swirls or color pockets, no voids

« Submersible, non-corrosive
environmental design

« Color: Gray

Enclosure Shipping Schedule

Same day

Color indicates shipping lead time in business days.

tENC-184

Part Number HxWxD [Ib] Subpanel Subpanel Subpanel
s

MR8OGHW $75.00 ?Ziz f( :9512 XX $528(]] 31

MR1008HW | $89.00 1[12'9‘553:%387;1%%8 45 |  BP108CS BP108A

MRIZIOHW | $103.00 1[33iixx‘zgf3x ! 6628 59 | BP1210CS BP1210A

MR1412HW | 11400 1?3%3Xx13i§i ! g;];g 89 | BP1412CS BP1412A

MRI614HW s O EEAIE s | BP1614cs BP1614A

MR1816HW | $17400 “’[fg’gxxfﬁf’;;?%f?’ 172 |  BP1816CS BP1816A
$300.00 22[§ggxx1j4%6;217%]63 183 | BPM2016CS BPM2016A

Notes: Subpanels must be ordered separately.
Dimensions in inches [millimeters].

General Purpose Enclosures

1-800-633-0405



For the latest prices, please check AutomationDirect.com.

Fiberglass Enclosures — MachoBox Series

— Raised Cover

Raised Single Door with Twist-Lock Latches

Construction

« Hot compression molded fiberglass
reinforced polyester (thermoset)

- Poured polyurethane seamless gasket
provides watertight, dust-tight
environmental seal

- 304 stainless steel used on all
external hardware

- Rounded edges, minimal protrusions or
exposed pocket area for accumulation of
dust or debris

« Molded-in flange for easy mounting

- Raised bosses with brass inserts
accepting #10-32 screws for optional
panel mounting

« Workable material cuts, drills, punches
and saws with ease and accuracy

MR1210HLL

« Full length, stainless steel, hinged,
extended-depth cover with twist-lock
latches

« Full 180° door opening
« Non-conductive, UV resistant
« 216 Ib-in impact resistance per UL746C

« Smooth surface, no color variations,
swirls or color pockets, no voids

« Submersible, non-corrosive
environmental design

« Color: Gray

uw AttoBox

A ROBROY ENCLOSURES™ BRAND

Listings
« UL/cUL File E64358

- NEMA Ratings 1, 3R, 4X, 6P, 12
(UL508A, UL50 & UL50e)

- IEC 60529 Ratings IP66 per UL File
£362920

« CSA Std. C22.2 Types 1, 3R, 4X, 6P, 12
per CSA File LR0O69014

« UL 1741 File E333478

- Temperature Range (-76°F to +274°F)
(-60°C to +134°C)

« Flammability Rating UL94-5V

- Self Extinguishing Non-Halogenated,
Non-flame propagating

- NFPA No. 101 Flame Spread Class A (1)
« Impact Rating IK10
« Certifications cULus, IEC, REACH, RoHS

- Outdoor UV Exposure (UL 746C) (f1)
Rated

@c“usc €
A

Enclosure Shipping Schedule

Same day

Color indicates shipping lead time in business days.

tENC-185

MachoBox Series Fiberglass Enclosures - Raised Single Door with Twist-Lock Latches

Enclosure Price| ENclosure Overall Size| WE. |  No. Aluminum
Part Number HxWxD [Ib] | Latches| Subpanel Subpanel Subpanel
MRGO4HLL | $89.00 a‘g)xxﬁ;‘g Xxfsé‘] 23| 1

MR6OGHLL $93.00 F159(1) ’)‘(29513 : f:ﬁ 33| 1

MRSOGHLL | $94.00 ‘[’2‘;’12115’12:?5%‘]’ 33| 1
MR1008HLL  [$102.00 1[‘2-96;:295387;156;8 46| 2 BP108CS BP108A
MR1210HLL  [$11700 ‘Eﬁixngi ! ggg 60| 2 BP1210CS BP1210A
MRI41ZHLL  fsuso)  ONBSIES et 2 | BP14126s BP1412A
MR1614HLL  [$15500 m?;xx o ﬁggs 08| 2 BP1614CS BP1614A
MR1816HLL (520100 “’[fg;;mgxxz;%lw 72| 2 BP1816CS BP1816A
MR2016HLL  [$347.00 22[25;;14%6:217%]53 02| 2 | BPM2016CS BPM2016A

Notes: Subpanels must be ordered separately.
Dimensions in inches [millimeters].

General Purpose Enclosures

1-800-633-0405



For the latest prices, please check AutomationDirect.com.

Fiberglass Enclosures — MachoBox Series
— Raised Cover O AttaBox

. . . . A ROBROY ENCLOSURES™ BRAND
Raised Single Door with Quick-Release Latches

Construction Listings

« Hot compression molded fiberglass « UL/cUL File E64358
reinforced polyester (thermoset) - NEMA Ratings 1, 3R, 4X, 6P, 12

- Poured polyurethane seamless gasket (UL508A, UL50 & UL50e)
provides watertight, dust-tight . IEC 60529 Ratings P66 per UL Files#
environmental seal £362920

* 304 stainless steel used on a - CSAStd. C22.2 Types 1, 3R, 4X, 6P, 12
external hardware per CSA File LRO69014

« Rounded edges, minimal protrusions or + UL 1741 File E333478
exposed pocket area for accumulation
of dust or debris - Temperature Range (-76°F to +274°F)

(-60°C to +134°C)

+ Molded-in flange for easy mounting
- Flammability Rating UL94-5V

- Raised bosses with brass inserts

accepting #10-32 screws for optional - Self Extinguishing Non-Halogenated,
panel mounting Non-flame propagating
- Workable material cuts, drills, punches + NFPA No. 101 Flame Spread Class A (1)
and saws with ease and accuracy . Impact Rating IK10
MR1210HPL - Full length, stainless steel, hinged ificati
_— g ) « Certifications cULus, IEC, REACH, RoHS

extended-depth cover with padlockable,

quick-release latches - Outdoor UV Exposure (UL 746C) (f1)

. Rated
« Full 180° door opening

« Non-conductive, UV resistant ® C €
+ 216 |b-in impact resistance per UL746C @ <SP cm us
- Smooth surface, no color variations,

swirls or color pockets, no voids

« Submersible, non-corrosive
environmental design

« Color: Gray Enclosure Shipping Schedule
Same day

Color indicates shipping lead time in business days.

MachoBox Series Fiberglass Enclosures - Raised Single Door with Quick-Release Latches

Enclosure Price Enclosure Overall Size| Wt No. | Carbon Steel | Fiberglass Aluminum
Part Number HxWxD [Ib] | Latches| Subpanel Subpanel Subpanel
747 x5.47 x6.21
MR604HPL $87.00 0 a0 15l 23 1
750x753x6.32
MR606HPL $90.00 01191 n 161 27 1
9.63x7.52x6.20
MR806HPL $91.00 o101 1 158 33 1
956 x9.38 x6.25
MR80SHPL $95.00 o3 2% 150 38 1
MR1008HPL | $99.00 1[12'353;293%7;1%%8 47 2 BP103CS BP108A
MRI1ZIOHPL  |stiao0]  BSEXTLSAOS | 59 |2 | pP1210CS BP1210A
MR1412HPL  |$14200 1?35591Xx13i§i ! 975‘]39 88 2 BP1412CS BP1412A
MR1614HPL  |$151.00 ‘Lif;fx;gfx ! ;5‘]38 05 | 2 BP1614CS BP1614A
MR1816HPL  |$1%6.00 ﬁfjgxxzz-‘jg;;%]“ 72 | 2 BP1316CS BP1816A
MR2016HPL | $322.00 zz[gggxxffgxxz‘?%]“ 87 | 2 | BPM2016CS BPM2016A
Notes: Subpanels must be ordered separately.
Dimensions in inches [millimeters].

tENC-186 General Purpose Enclosures 1-800-633-0405



For the latest prices, please check AutomationDirect.com.

Fiberglass Enclosures — MachoBox Series

— Raised Cover

Raised Single Door with Acrylic Window and Twist-Lock Latches

w [AttaBo»  cosiucion

A ROBROY ENCLOSURES™ BRAND « Hot compression molded fiberglass
reinforced polyester (thermoset)
- Poured polyurethane seamless gasket

provides watertight, dust-tight
environmental seal

- 304 stainless steel used on all
external hardware

« Twist-lock latches

- Rounded edges, minimal protrusions or
exposed pocket area for accumulation
of dust or debris

- Molded-in flange for easy mounting

- Raised bosses with brass inserts
accepting #10-32 screws for optional
panel mounting

- Workable material cuts, drills, punches
and saws with ease and accuracy

« Full length, stainless steel, hinged,

extended-depth door with twist-lock
MRW1412HLL latches

« Full 180° door opening
« Non-conductive, UV resistant
« 216 lb-in impact resistance per UL746C

« Smooth surface, no color variations,
swirls or color pockets, no voids

« Scratch- and abrasion-resistent UVA
acrylic flush-bonded window

« Submersible, non-corrosive
environmental design

« Color: Gray

Listings

« UL/cUL File E64358

+ NEMA Ratings 1, 3R, 4X, 6P, 12
(UL508A, UL50 & UL50e)

« IEC 60529 Ratings IP66 per UL File
E362920

« UL 1741 File E333478

. CSA Std. C22.2 Types 1, 3R, 4X, 6P, 12
per CSA File #LR069014

- Temperature Range (-76°F to +274°F)
(-60°C to +134°C)

« Window Temperature Range: -26°F to
170°F (-32°C to 76°C)

« Flammability Rating UL94-5V
« Flammability Rating window: UL94V-HB

- Self Extinguishing Non-Halogenated,
Non-flame propagating

- NFPA No. 101 Flame Spread Class A (1)
« Impact Rating IK10
« Certifications cULus, IEC, REACH, RoHS

- Outdoor UV Exposure (UL 746C) (f1)
Rated

W @ MwCE

Enclosure Shipping Schedule

Same day

Color indicates shipping lead time in business days.

MachoBox Series Fiberglass Enclosures - Raifed ﬁingle Door with Acrylic Window and Twist-Lock
atches

Price | Eclosure Overall | Wt.| No. | Carbon Steel | Fiberglass Aluminum
Part Number Size HxWxD | [Ib] | Latches|  Subpanel Subpanel Subpanel
11.63x9.37 x 6.58
$166.00 (295 % 238 % 167] 49 2 BP108CS BP108A
1356 x 11.43 x 6.58
$186.00 (344 % 291 x 167] 57 2 BP1210CS BP1210A
1550 x 13.38 x 7.69
$256.00 (304 % 340 x 195] 92 2 BP1412CS BP1412A
1753x 1543 x7.68
$281.00 1445 4 392 x 195] 97 2 BP1614CS BP1614A
19.63x 17.48 x 10.63
$345.00 1490 x 444 ¥ 270] 170 2 BP1816CS BP1816A
Notes: Subpanels must be ordered separately.
Dimensions in inches [millimeters].

tENC-187 General Purpose Enclosures 1-800-633-0405



For the latest prices, please check AutomationDirect.com.

Fiberglass Enclosures — MachoBox Series

— Raised Cover

Raised Single Door with Acrylic Window and Quick-Release Latches

uw AttaBox

A ROBROY ENCLOSURES™ BRAND

MRW1412HPL

tENC-188

Construction

« Hot compression molded fiberglass
reinforced polyester (thermoset)

« Poured polyurethane seamless gasket
provides watertight, dust-tight
environmental seal

- 304 stainless steel used on all
external hardware

« Rounded edges, minimal protrusions or
exposed pocket area for accumulation
of dust or debris

« Molded-in flange for easy mounting

- Raised bosses with brass inserts
accepting #10-32 screws for optional
panel mounting

- Workable material cuts, drills, punches
and saws with ease and accuracy

« Full length, stainless steel, hinged,
extended-depth door with padlockable,
quick-release latches

« Scratch- and abrasion-resistant UVA
acrylic flush-bonded window

« Full 180° door opening
« Non-conductive, UV resistant
+ 216 |b-in impact resistance per UL746C

« Smooth surface, no color variations,
swirls or color pockets, no voids

« Submersible, non-corrosive
environmental design

« Color: Gray

Same day

Listings

« UL/cUL File E64358

« NEMA Ratings 1, 3R, 4X, 6P, 12
(UL508A, UL50 & UL50e)

« IEC 60529 Ratings IP66 per UL File
E362920

« UL 1741 File E333478

« CSA Std. C22.2 Types 1, 3R, 4X, 6P, 12
per CSA File LR069014

- Temperature Range (-76°F to +274°F)
(-60°C to +134°C)

- Window Temperature Range: -26°F to
170°F (-32°C to 76°C)

« Flammability Rating UL94-5V
- Flammability Rating window: UL94V-HB

- Self Extinguishing Non-Halogenated,
Non-flame propagating

« NFPA No. 101 Flame Spread Class A (1)
Impact Rating IK10

« Certifications cULus, IEC, REACH, RoHS

- Outdoor UV Exposure (UL 746C) (f1)
Rated

W @ NC €

Enclosure Shipping Schedule

Color indicates shipping lead time in business days.

Latches

Enclosure
Part Number

MRW1210HPL

Enclosure i .
; ; Wt.| No. Carbon Steel Fiberglass Aluminum
Price| Overall Size [Ib] Latches Subpanel STl Subpane]
HxWxD
747 x547x6.21 21 1
[190x139x 158] | <
750x7.53%6.32
otx 1ot kgt | 24|
963x7.52%6.20
asx191x156) | 00| !
1163 9.37 x6.58
oosx2ssxier | 0| 2 BP108CS BP108A
1356 11.43x6.58
Baaxostxter] |01 2 BP1210CS BP1210A
15,50 X 13.38 X 7.69
oax3d0x1s) | 0| 2 BP1412CS BP1412A
1753x 15.43%7.68
[45x302x195 | 09| 2 BP1614CS BP1614A
19.63x 17.48x 10.63
[99x44ax2r0] | 1|2 BP1816CS BP1816A
20,00 17.56 x 10.63
(559 x 444270 | 86| 2 BPM2016CS BPM2016A

Notes: Subpanels must be ordered separately.
Dimensions in inches [millimeters].

MachoBox Series Fiberglass Enclosures - Raised Single Door with Acrylic Window and Quick-Release

General Purpose Enclosures

1-800-633-0405



For the latest prices, please check AutomationDirect.com.

Fiberglass Enclosures — MachoBox Series
— Raised Cover & AttoBox

. . . A ROBROY ENCLOSURES™ BRAND
Dimensions for Raised Cover MachoBox Enclosures

1D
! N J N G-

See our website: www.AutomationDirect.com for complete engineering drawings.

tENC-189 General Purpose Enclosures 1-800-633-0405



For the latest prices, please check AutomationDirect.com.

Subpanels for Freedom, MachoBox and
Centurion Series Fiberglass Enclosures

uw [AttoBox

A ROBROY ENCLOSURES™ BRAND

Subpanel Specifications

Subpanel Material Color/Finish |
White polyester 3

Carbon Steel Carbon Steel powder Finish |
Aluminum 3003H14 Aluminum | Mill Finish
. FRP (Fiberglass |
Fiberglass reinforced polyester) Gray i‘

Carbon steel subpanels

Enclosure
Nominal
Size HxW

Enclosure
Nominal Wt
Size HxW

Wt.
(Ib)

Subpanel Part
Number

Subpanel Part
Number

Subpanel Size
HxWxD

Subpanel Size
HxWxD

Price

Price

3600 :[ZEZX X l18284xx01l99]5 8x6 08
3850 i175x x6 '18785XXO1'997]5 8x8 08
BP108CS | $9.25 8525"5'18?5?105;5 0x8 | 13
BP1210CS | $11.00 1?287%);82@?8]75 12x10 21
BP1412CS  |$1325 mtgg;‘ggfgxxfgm Wx12 | 30
BP1614CS | $17.25 14@?;;5;‘3;3375 6x14 | 41
BP1816CS | 52250 1652;;;‘5;;19375 18x16 | 54
BPM2016CS | $2850 18[2;3;2;‘?: X*f;fs 0x16 | 61
BPM2020CS | $83.00 18[22;;35070 :;;]05 20%20 94
BPM2420CS  [$10000 22@2;;35070 ;‘;;]05 2ux20 | 1
BPM2424CS |$12300 22£25‘X2§50§ :;;]05 24 %24 2
Note: Dimensions in inches [millimeters].

tENC-295

850 4[?5: x2 7838; 39233 6x4 01
2122:4)212221);%5 6x6 02

[175x 121 3?] 8x6 | 03

1£55287Xx122fg 8)()(302% ; 14x12 1.0
1fgés7zasxx13z1égsax x3b2;3 o v
1££;18289XX1347E8X X302;3 o 20
1%%4070921%% 6<X302% . 20x 16 22
22[;1()507XX1%56(1X ngz% i ?

: 2[553Xx 2425'7 xxa.z'% 2ux20 | 28

[50508Xx 553(1)(302] ’ 24x24 35

Note: Dimensions in inches [millimeters].

Enclosure Shipping Schedule

Same day

Color indicates shipping lead time in business days.

Enclosure Subpanels

1-800-633-0405



For the latest prices, please check AutomationDirect.com.

Subpanels for Freedom, MachoBox and
Centurion Series Fiberglass Enclosures

uw AttoBox

A ROBROY ENCLOSURES™ BRAND

Aluminum subpanels

Enclosure
su"ﬁ:;ﬁl‘;a“ Price  Subpanel Size HxWxD Nomliml!l Size (Ibi

BP64A $5.00 | 4.88x2.88x0.081[124x73x2.0] 6x4 01

BP66A $5.00 | 4.88x4.88x0.081 [124 x 124 2.0] 6x6 02

BP86A $6.00 | 6.88x4.88x0.081 [175x 1241 2.0] 8x6 03

BP108A $9.25 | 8.88x6.88x0.081[225x175x 2.0] 10x8 05 e

Enclosure Shipping Schedule

BP1210A $11.00 | 10.88 x8.88 x 0.081 [276 x 225 x 2.0] 12x10 08 Same day

BP1412A $13.25 | 12.88 x 10.88 x 0.081 [327 x 276 x 2.0] 14x12 11 Color indicates shipping lead time i business days.
BP1614A $17.25 | 14.88 x 12.88 x 0.081 [378 x 327 x 2.0] 16 x 14 15

BP1816A $22.50 | 16.88 x 14.88 x 0.081 [429 x 378 x 2.0] 18x 16 25
BPM2016A | $2850 | 18.88 x 14.88 x 0.081 [479 x 378 x 2.0] 20x 16 24
BPM2020A | $79.00 | 18.0x18.0x 0.129 [457 x 457 x 3.3] 20x20 37
BPM2420A | $96.00 | 22.0x18.0x0.129[ 558 x 457 x 3.3] 2420 45
BPM2424A | $118.00| 22.0x22.0 x0.129 [558 x 558 x 3.3] 24 x 24 54

Note: Dimensions in inches [millimeters].
Dimensions
W ————0
A <
H
< <

See our website: www.AutomationDirect.com for complete engineering drawings.

tENC-296 Enclosure Subpanels 1-800-633-0405



For the latest prices, please check AutomationDirect.com.

Enclosure Accessories - Hole Seals
and Plugs

w AttoBox

A ROBROY ENCLOSURES™ BRAND

Hole Plugs for Non-Metal Nol;'i';mtllgle o
Enclosures Hole Plugs  Price Description Range  [o7]
Designed to seal extra pushbutton holes, conduit . : in [mm]
openings, and knockout openings in AttaBox AtiaBox hole plug, fiberglass-rein- i
; : : forced polyester (FRP), closed-cell 0.50-0.81
fiberglass enclosures from dirt, dust, oil, and REHPSERIEST | 8350 | neoprene gaske,for 1210 3/4-nch | (127 - 20,6] 2
water. Conduit hole sizes are nominal trade hole in non-metallic enclosure
sizes, not actual hole sizes. (Example: 1 in. rmﬁ\f%arggéS&'ﬁeﬁﬁg&'ﬁbﬁ?ﬁﬁ; .
conduit actual diameter = 1.315 in.) REHPSERIES1.5 | $4.75 | cell neoprene gasket. For use with 088 2

1/2in conduit holes in non-metallic (224)

enclosures.

AttaBox hole plug, fiberglass-rein-
forced polyester (FRP), closed-cell 088128
neoprene gasket, for 1/2- to 3/4-inch 88-1.
REHPSERIES2 $4.00 conduit holes and 22 or 30mm [22.4-325] 2
pushbutton holes in non-metallic

enclosure
AttaBox hole plug,
fiberglass-reinforced polyester (FRP), 138-175
REHPSERIES3 $6.25 | closed-cell neoprene gasket, for 1 . ’ 2
REHPSERIES3 to 1-1/4 inch conduit holes in non- (35.1-44.5]

metallic enclosure
AttaBox hole plug, fiberglass-rein-
% forced polyester (FRP), closed-cell 200-256
% A REHPSERIES4 $8.00 | neoprene gasket, for 1-1/2 to 2-inch POt 2
‘ \ conduit holes in non-metallic (50.1-65.01
< enclosure

AttaBox hole plug, fiberglass-
reinforced polyester (FRP), closed- 3.00
$14.75 | cell neoprene gasket. For use with . 2
2-1/2in conduit holes in non-metallic [762)

enclosures.

AttaBox hole plug, fiberglass-
reinforced polyester (FRP), closed- 362
$19.75 | cell neoprene gasket. For use with . 2
3in conduit holes in non-metallic (92.0]

enclosures.

AttaBox hole plug, fiberglass-
reinforced polyester (FRP), closed- 412
$25.50 | cell neoprene gasket. For use with X 2
3-1/2in conduit holes in non-metallic (104.7]

enclosures.

AttaBox hole plug, fiberglass-
reinforced polyester (FRP), closed- 462
$33.00 | cell neoprene gasket. For use with X 2
4in conduit holes in non-metallic (117.4]

enclosures.

REHPSERIES1

REHPSERIESS

Agency Approvals

- Fiberglass hole plug for UL Types 1, 3R, Ao
4,4X, 6, 6P, 12 Industrial control panel Enclosure Shlpplng Schedule

enclosures. Same day

[UL File E6"|'358] Color indicates shipping lead time in business days.
« CSA Types 1, 12, 3, 3R, 4, 4X, 6, 6P:

IEC Code IP66, IP67, IP68

[CSA File LR069014]

tENC-305 Enclosures Accessories 1-800-633-0405



For the latest prices, please check AutomationDirect.com.

Vents and Louvers for
Non-Metallic Enclosures & HttoBox

A ROBROY ENCLOSURES™ BRAND

Drain/Breather Vents

Part Number Description

AttaBox single drain vent, PVC. For use on

/ REDV1PVC | $7.00 |non-metallic enclosures. Includes drain vent | 2
and silicone adhesive/sealant.
) FAST-SET, fgﬂ-SAG
-n AttaBox single drain vent kit, PVC. Includes
\' - E E ':' E E = ) $1075 | rain vent and silicone adhesive/sealant. 2
" >’

= AttaBox single breather vent kit allows enclo-
) ) REBVAXKIT | $36.00 |sureto “breathe” while maintaining UL Type | 4.8
REDVK3KIT 4X enclosure rating.

AttaBox single drain vent kit properly drains
REDVAXKIT | $15.25 |unwanted moisture while maintaining ULType| 3.2
4X enclosure rating.

‘o

| V REBVAXKIT . REDV4KIT

Enclosure Shipping Schedule

Same day

Color indicates shipping lead time in business days.

Louver Plate

Wt.

Part Number Price Description oz
Louver plate, for ventilation in non-metallic
RELP1 $10.50 | enclosure, polypropylene, 4.5 inch wide x 4.0 2

inch high. For 3 inch x 3 inch cutout.

Louver plate kit, for ventilation in non-metallic
enclosure. Includes 4.5 inch wide x 4.0 inch
RELPK3KIT | $26.00 | high polypropylene louver plate, rivets and 2
- silicone adhesive/sealant. For 3 inch x 3 inch
cutout.

RELPK3KIT

tENC-380 Enclosures Thermal Management 1-800-633-0405
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