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NITRA pneumatic air jet set, 35 pieces, brass.

For complete product information, please see this item on our
store at the following link:
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Technical Specifications

Brand NITRA

Item Pneumatic Air jet set
Number of Pieces 35

Material Brass

Pressure Range 0-125 psi

Operating Temperature -20 to 160 degrees F

(3)AJB-10, (3) AJB-15, (3) AJB-20, (2) AJN16-1,
(2) AUN16-2, (2) AIN16-1-45, (2) AUN16-1-90, (2)
AJIN16-1-CD, (2) AIN16-3, (9) AJ-NUT, (3) AJH, (2)
AJNV-M10N, (1) durable plastic divider container

Set Includes

Agency Approvals

UL Listed File # None

UL Recognized File # None

UL Hazardous File # None

CSAFile # None

RoHS Status No

EU REACH Vew EU REACH document
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