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TITAN swivel ratchet, 1/4in drive, 4 degrees return angle, 4in 
overall length, black knurled manganese phospate handle, 
chrome-vanadium steel construction, ballpoint socket locking 
mechanism.

For complete product information, please see this item on our 
store at the following link:

https://www.automationdirect.com/pn/T11313

Technical Specifications
Brand TITAN
Item Ratchet
Directional Change Dial switch
Drive Size 1/4in
Return Angle 4 degrees
Insulated No
Construction Chrome-vanadium steel
Handle Type Black knurled manganese phospate handle
Head Type (NP) Swivel
Number of Teeth 90
Overall Length 4in
Lock Mechanism Ballpoint socket

Agency Approvals
UL Listed File # None
UL Recognized File # None
UL Hazardous File # None
CE None
CSA File # None
RoHS Status No
EU REACH View EU REACH document
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