
TEMPO Series Polycarbonate 
Miniature Cases with Knockouts

Features
	• Includes gasketed cover with formed-in-
place PUR gasket and reinforced corner 
design

	• Economical thick-wall polycarbonate 
construction optimized for rapid installation

	• Cover incorporates tamper-resistant screws 
with economical soft-strap hinge requiring 
no tools

	• Easy wall mounting using polyamide 
mounting feet and through-base mounting 
pods outside gasket seal

	• Optional galvanized steel mounting plates 
and DIN-rail mounting pods molded into 
base

Construction
	• Molded from RAL 7035 light gray, impact-
resistant polycarbonate

	• Gasket material is formed-in-place PUR 
(Polyurethane)

	• Temperature range -40 to +284 °F 
[-40 to +140 °C]

	• Pre-formed metric knock-outs on four sides 
for flexible cable entry configurations

Listings
	• UL/cUL UL508A Type 4 and 4X [File E75645]
	• Complies with NEMA Type 4 and 4X
	• Ingress Protection (EN 60529) IP65
	• Impact Resistance (EN 62262) IK09

ULTPCM131007

TEMPO Series Fiberglass Miniature Cases with Knockouts
Part Number Price Enclosure Size HxWxD Cover 

Depth
Drawing 

Link Subpanel Price

ULTPCM090706 $24.50 3.74 x 2.56 x 2.36 [95 x 65 x 60] 0.51 [13] PDF ─ ─
ULTPCM111107 $28.50 4.33 x 4.33 x 2.56 [110 x 110 x 65] 0.51 [13] PDF ─ ─
ULTPCM131007 $28.50 5.12 x 3.74 x 2.56 [130 x 95 x 65] 0.51 [13] PDF ─ ─
ULTPCM131308 $28.50 5.12 x 5.12 x 2.95 [130 x 130 x 75] 0.51 [13] PDF ─ ─
ULTPCM191209 $36.50 7.36 x 4.80 x 3.54 [187 x 122 x 90] 1.02 [26] PDF MP1912 $6.25
ULTPCM201610 $48.00 7.91 x 6.42 x 3.90 [201 x 163 x 99] 1.02 [26] PDF MP2016 $9.25
Note: Dimensions in inches [millimeters].

TEMPO DIN Rail
Part 

Number Price Length For use with Drawing 
Link

EKV12 $6.25 6.3 in ULTPCM201610 PDF

EKV12

Cover Screws
Part 

Number Price Description Photo Drawing 
Link

MB18020 $8.50 Fibox cover screw, replacement, Phillips pan head, polyamide and steel. Package of 4.
For use with ULTPCM201610 TEMPO enclosures. PDF

MBSHH $5.00 Fibox cover screw, replacement, Phillips pan head, polyamide and steel. Package of 4.
For use with MNX lid depth more than 25 mm and TEMPO enclosures less than 200 mm high. PDF
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