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Connection Cables

Part Number Description Woaina. | | Price
BRX ZIPLink Cables
7L-BX-CBL15 ZIPLink PLC I/O cable, 15-position teérapﬁlelzg)&léttg r?(? énp%?ﬁ{‘gfﬁ 1.6ft/0.5m cable length. For use with 300V, 80°C 03
71-BX-CBL15-1 ZIPLink PLC I/O cable, 15-position tggg(in%_t;lg% taon 543g|g ;g?g?_cct:gr 3.2ft/1m cable length. For use with 300V, 80°C 0.4
ZL-BX-CBL15-2 ZIPLink PLC I/O cable, 15-position tgg)l(in%_tgg% an 543g|r‘; (;g{lg?_cct:(;r 6.5ft/2m cable length. For use with 300V, 80°C 07
7L-BX-CBL15-1P ZIPLink PLC 1/O cable, 15-position t%r-?)igianltl:alggk3t60-g<i)?rt1?ill5l_3ézsf.mm cable length. For use with BRX 300V, 80°C 04
7L-BX-CBL15-2P ZIPLink PLC I/O cable, 15-position tfgr_r;)igianltl:ilggk?)t(s()_g(i)?rt]?illsECSSﬂIZm cable length. For use with BRX 300V, 80°C 06
7L-BX-CBL20 ZIPLink PLC I/O cable, 20-position terminaIBb|I_\’o)<(:k1 B?F)Z(ﬁh;zigfgghector, 1.6ft/0.5m cable length. For use with 300V, 80°C 03
7L-BX-CBL20-1 ZIPLink PLC I/O cable, 20-position terminaég§c1kot_% Ozllrtltplé’rll_ ggr?nector, 3.2ft/1m cable length. For use with 300V, 80°C 05
ZL-BX-CBL20-2 ZIPLink PLC I/O cable, 20-position terminaEI”gI)(zc1k0t_% gllr‘\tplgll_ ggr?nector, 6.5ft/2m cable length. For use with 300V, 80°C 07
7L-BX-CBL20-1P ZIPLink PLC 1/O cable, 20-position termineqalggil;ttopﬁig?il, 3.2ft/1m cable length. For use with BRX 300V, 80°C 0.4
71L-BX-CBL20-2P ZIPLink PLC 1/O cable, 20-position termin%lggil;ttopﬁigtsellil, 6.5ft/2m cable length. For use with BRX 300V, 80°C 07
7L-BX-CBL40-S ZIPLink PLC 1/O cable, 40-pin connecéoI{ )t(osi(r)i:epsinhicg?rws]ggtgg ;rggmgg 1.6ft/0.5m cable length. For use with 300V, 80°C 05
7L-BX-CBL40-1S ZIPLink PLC 1/0 cable, 40-pin conneét'%r( t(s)eltri%gir?i gﬁg%%(ggrhsg](jﬁllggfi, 3.2ft/1m cable length. For use with 300V, 80°C 07
ZL-BXEM-CBL10 ZIPLink PLC /O cable, 10-position teén%i)rzaé_l‘))lgigli g( ggagiig ﬁﬁgg&g,‘ 1.6ft/0.5m cable length. For use with 300V, 80°C 03
ZL-BXEM-CBL10-1 ZIPLink PLC 1/0 cable, 10-position tgrén)i(ng_lptg%riketfpgﬁ-spi)(i)r:] crgggﬁlcetglr, 3.2ft/1m cable length. For use with 300V, 80°C 0.4
7L-BXEM-CBL10-2 ZIPLink PLC I/O cable, 10-position tgr'r?n)i(ng_lptg%cike?pgﬁ-sﬁ)(i)r; cr;])ggﬁlcetglr, 6.5ft/2m cable length. For use with 300V, 80°C 07
7L-BXEM-CBL10-1P ZIPLink PLC I/O cable, 10-position terminalggglﬁl ;?oﬁi?rt]%i!dyu?ézsfm m cable length. For use with BRX 8-point 300V, 80°C 04
ZL-BXEM-CBL10-2P ZIPLink PLC I/O cable, 10-position terminalggca;l:] ;?oﬁi?rtlgigu?éif.vzm cable length. For use with BRX 8-point 300V, 80°C 06
ZL-BXEM-CBL15 ZIPLink PLC I/O cable, 15—posli_jt,i%1( tg_r[r)rg)iir:]etzlal;lgﬁkzt_% °2i4r11-tpér)1( ;:ﬁggﬁt%bé iﬁgté(?.Sm cable length. For use with 300V, 80°C 03
ZL-BXEM-CBL15-1 ZIPLink PLC I/O cable, 15—po§%(n é?ggma;r%o%—:)oo ﬁﬁg)l(r;) gﬁgig?]crtggd%éfy m cable length. For use with 300V, 80°C 05
ZL-BXEM-CBL15-2 ZIPLink PLC I/O cable, 15-posBig(;(n E}_egma;r?éo%_:)% ﬁ#g)l(r’; gr?girg?]crtggd%.lféngm cable length. For use with 300V, 80°C 07
ZL-BXEM-CBL15-1P ZIPLink PLC 1/O cable, 15-position tearrr:](i’n%_bplgﬁi(t tgxg;gégglér?ﬁfég LTe(s:.able length. For use with BRX 5-point 300V, 80°C 0.4
ZL-BXEM-CBL15-2P ZIPLink PLC I/O cable, 15-position te;rr:w(i’nfié_té)lgﬁ]kt teoxgigégglé r?}gfct){jzurregéble length. For use with BRX 5-point 300V, 80°C 07
ZL-BXEM-CBL20 ZIPLink PLC I/O cable, 20-position teBrg)i(n?Is?rl)%(i:lr:ttgxitﬁé?o%orr%g%ﬁtl%rs, .1 6ft/0.5m cable length. For use with 300V, 80°C 03
ZL-BXEM-CBL20-1 ZIPLink PLC I/O cable, 20-position gﬁry(lqaslggﬁlg et())(pZ;r;giignc%rg&iclteo;, 3.2ft/1m cable length. For use with 300V, 80°C 05
ZL-BXEM-CBL20-2 ZIPLink PLC I/O cable, 20-position tg'r?n)yqegglé)lﬁl? égggégiignc%rgr&%ﬁéosrj 6.5ft/2m cable length. For use with 300V, 80°C 0.7
7L-BXEM-CBL20-1P ZIPLink PLC /O cable, 20-position t&rrgm{ gl)?pcgntsoi cf)rigr?gagl'gsft./1m cable length. For use with BRX 300V, 80°C 0.4
7L-BXEM-CBL20-2P ZIPLink PLC 1/O cable, 20-position t%rgg:ﬁ{ ZL?;)céli(ntsoi oprigr?(i)lagl.g;‘tlﬂm cable length. For use with BRX 300V, 80°C 07
ZL-BX-CBL15 ZL-BX-CBL20-1P ZL-BXEM-CBL20 ZL-BXEM-CBL20-1P
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Connection Cables (cont.)

Part Number Description I";Z’#Z’ n M;%gs])ht Price
BRX ZIPLink Cables, continued
ZL-D24-CBL40 Cable w/180° plug for module with 40-pin connector to 40-pin connector, 24 AWG, 1.6 ft. (0.5 m) 300V, 80°C |0.36
ZL-D24-CBL40-1 Cable w/180° plug for module with 40-pin connector to 40-pin connector, 24 AWG, 3.3 ft. (1.0 m) 300V, 80°C |0.56
ZL-D24-CBL40-2 Cable w/180° plug for module with 40-pin connector to 40-pin connector, 24 AWG, 6.6 ft. (2.0 m) 300V, 80°C |0.61
ZL-D24-CBL40-X Cable w/45° plug for module with 40-pin connector to 40-pin connector, 24 AWG, 1.6 ft. (0.5 m) 300V, 80°C |0.36
ZL-D24-CBL40-1X | Cable w/45° plug for module with 40-pin connector to 40-pin connector, 24 AWG 3.3 ft. (1.0 m) 300V, 80°C |0.56
ZL-D24-CBL40-1P | Cable w/180° plug for module with 40-pin connector to 40-wire pigtail, 24 AWG, 3.3 ft. (1.0 m) 300V, 80°C |0.56
ZL-D24-CBL40-2P | Cable w/180° plug for module with 40-pin connector to 40-wire pigtail, 24 AWG, 6.6 ft. (2.0 m) 300V, 80°C |0.61
ZL-D24-CBL40-1XP | Cable w/45° plug for module with 40-pin connector to 40-wire pigtail, 24 AWG, 3.3 ft. (1.0 m) 300V, 80°C |0.56 Retired
ZL-D24-CBL40-2XP | Cable w/45° plug for module with 40-pin connector to 40-wire pigtail, 24 AWG, 6.6 ft. (2.0 m) 300V, 80°C |0.61
ZL-D24-CBL40
ZL-D24-CBL40-1P ZL-D24-CBL40-1XP
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Connection Cables (cont.)

Part Number Description I";';I;:go" Weight (Ibs) |  Price
CLICK ZIPLink Cables
ZL-C0-CBL11 Cable for module with 11 terminals to 24-pin connector, 24 AWG, 1.6 ft. (0.5 m) 300V, 80°C |0.21
ZL-C0-CBL11-1 Cable for module with 11 terminals to 24-pin connector, 24 AWG, 3.3 ft. (1.0 m) 300V, 80°C |0.31
ZL-C0-CBL11-2 Cable for module with 11 terminals to 24-pin connector, 24 AWG, 6.6 ft. (2.0 m) 300V, 80°C |0.56
ZL-C0-CBL11-1P | Cable for module with 11 terminals to pigtail, 24 AWG, 3.3 ft. (1.0 m) 300V, 80°C |0.21
ZL-C0-CBL11-2P | Cable for module with 11 terminals to pigtail, 24 AWG, 6.6 ft. (2.0 m) 300V, 80°C |0.26
ZL-C0-CBL20 Cable for module with 20 terminals to 24-pin connector, 24 AWG, 1.6 ft. (0.5 m) 300V, 80°C |0.25
ZL-C0-CBL20-1 Cable for module with 20 terminals to 24-pin connector, 24 AWG, 3.3 ft. (1.0 m) 300V, 80°C |0.31
ZL-C0-CBL20-2 Cable for module with 20 terminals to 24-pin connector, 24 AWG, 6.6 ft. (2.0 m) 300V, 80°C |0.61
ZL-C0-CBL20-1P | Cable for module with 20 terminals to pigtail, 24 AWG, 3.3 ft. (1.0 m) 300V, 80°C |0.21
ZL-C0-CBL20-2P | Cable for module with 20 terminals to pigtail, 24 AWG, 6.6 ft. (2.0 m) 300V, 80°C |0.26
DLO05 and DLO6 ZIPLink Cables
ZL-D0-CBL13 Cable for module with 13 terminals to 24-pin connector, 24 AWG, 1.6 ft. (0.5 m) 300V, 80°C |0.26
ZL-D0-CBL24 Cable for module with 24-pin connector to 24-pin connector, 24 AWG, 1.6 ft. (0.5 m) 300V, 80°C |0.26
ZL-D0-CBL24-1 Cable for module with 24-pin connector to 24-pin connector, 24 AWG, 3.3 ft. (1.0 m) 300V, 80°C [0.36
Z1-D0-CBL24-2 Cable for module with 24-pin connector to 24-pin connector, 24 AWG, 6.6 ft. (2.0 m) 300V, 80°C |0.56
71-D0-CBL24-L (C()agl;;or module with 24-pin connector to 24-pin connector for LED module, 24 AWG, 1.6 ft. 300V, 80°C |0.26
71-D0-CBL24-1L (C;a‘(t))lfn;or module with 24-pin connector to 24-pin connector for LED module, 24 AWG, 3.3 ft. 300V, 80°C |0.36
71-D0-CBL24-2L éﬁ(&;l;{or module with 24-pin connector to 24-pin connector for LED module, 24 AWG, 6.6 ft. 300V, 80°C |0.56
ZL-D0-CBL24-1P Cable for module with 24-pin connector to 24-wire pigtail, 24 AWG, 3.3 ft. (1.0 m) 300V, 80°C |0.26
ZL-D0-CBL24-2P | Cable for module with 24-pin connector to 24-wire pigtail, 24 AWG, 6.6 ft. (2.0 m) 300V, 80°C |0.56
Cable used to connect DirectLOGIC 06 PLC fixed inputs with 20 terminals to the ZL-RTB20
ZL-D06X-CBL20 ZIPLink module with a 24-pin connector, can be used on the input side terminal block only, 24 | 300V, 80°C |0.36
AWG, 1.6 ft. (0.5 m)
Cable used to connect DirectLOGIC 06 PLC fixed outputs with 20 terminals to the ZL-RTB20
ZL-DO6Y-CBL20 ZIPLink module with a 24-pin connector, can be used on the output side terminal block only, 24 {300V, 80°C |0.36
AWG, 1.6 ft. (0.5 m)
A\
ZL-C0-CBL11 ZL-D0-CBL24-1 ZL-D0-CBL24-1P
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Connection Cables (cont.)

Part Number Description I”f?:lt?,:;o n M;%g)ht Price
Do-more / DL205 ZIPLink Cables

ZL-D2-CBL10 Cable for module with 10 terminals to 24-pin connector, 24 AWG, 1.6 ft. (0.5 m) 300V, 80°C |0.36
Z1-D2-CBL10-1 Cable for module with 10 terminals to 24-pin connector, 24 AWG, 3.3 ft. (1.0 m) 300V, 80°C |0.61
ZL-D2-CBL10-2 Cable for module with 10 terminals to 24-pin connector, 24 AWG, 6.6 ft. (2.0 m) 300V, 80°C |0.61
ZL-D2-CBL10-1P Cable for module with 10 terminals to pigtail, 24 AWG, 3.3 ft (1.0 m) 300V, 80°C |0.31
Z1-D2-CBL10-2P Cable for module with 10 terminals to pigtail, 24 AWG, 6.6 ft (2.0 m) 300V, 80°C |0.46
ZL-D2-CBL19 Cable for module with 19 terminals to 24-pin connector, 24 AWG, 1.6 ft. (0.5 m) 300V, 80°C |0.36
ZL-D2-CBL19-1 Cable for module with 19 terminals to 24-pin connector, 24 AWG, 3.3 ft. (1.0 m) 300V, 80°C |0.61
Z1-D2-CBL19-2 Cable for module with 19 terminals to 24-pin connector, 24 AWG, 6.6 ft. (2.0 m) 300V, 80°C |0.61
ZL-D2-CBL19-1P Cable for module with 19 terminals to pigtail, 24 AWG, 3.3 ft (1.0 m) 300V, 80°C |0.61
ZL-D2-CBL19-2P Cable for module with 19 terminals to pigtail, 24 AWG, 6.6 ft (2.0 m) 300V, 80°C |0.61
ZL-D24-CBL40 Cable w/180° plug for module with 40-pin connector to 40-pin connector, 24 AWG, 1.6 ft (0.5m) | 300V, 80°C |0.36
ZL-D24-CBL40-1 Cable w/180° plug for module with 40-pin connector to 40-pin connector, 24 AWG, 3.3 ft. (1.0 m) {300V, 80°C |0.61
ZL-D24-CBL40-2 Cable w/180° plug for module with 40-pin connector to 40-pin connector, 24 AWG, 6.6 ft. (2.0 m) {300V, 80°C |0.61
ZL-D24-CBL40-X Cable w/45° plug for module with 40-pin connector to 40-pin connector, 24 AWG, 1.6 ft. (0.5 m) 300V, 80°C |0.36
ZL-D24-CBL40-1X | Cable w/45° plug for module with 40-pin connector to 40-pin connector, 24 AWG, 3.3 ft. (1.0m) 300V, 80°C |0.61
ZL-D24-CBL40-1P | Cable w/180° plug for module with 40-pin connector to 40-wire pigtail, 24 AWG, 3.3 ft. (1.0 m) 300V, 80°C |0.56
ZL-D24-CBL40-2P | Cable w/180° plug for module with 40-pin connector to 40-wire pigtail, 24 AWG, 6.6 ft. (2.0 m) 300V, 80°C |0.61

ZL-D24-CBL40-1XP | Cable w/45° plug for module with 40-pin connector to 40-wire pigtail, 24 AWG, 3.3 ft. (1.0 m) 300V, 80°C |0.56 Retired
ZL-D24-CBL40-2XP | Cable w/45° plug for module with 40-pin connector to 40-wire pigtail, 24 AWG, 6.6 ft. (2.0 m) 300V, 80°C |0.61
ZL-D24-CON ZIPLink solder-style connector, 180°, 40-pin, qty. 2 N/A 0.36
ZL-D24-CON-X ZIPLink solder-style connector, 105°, 40-pin, qty. 2 N/A 0.36
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Connection Cables (cont.)

ZIPLink Connection Cables

. Insulation | Weight .
Part Number Description Rating (Ibs) Price
DL405 ZIPLink Cables

71-D24-CBL40 f(tla(lz)lesvr\g;80° plug for module with 40-pin connector to 40-pin connector, 24 AWG, 1.6 300V, 80°C | 0.36
71-D24-CBL40-1 f(t)a(t;I% %;80" plug for module with 40-pin connector to 40-pin connector, 24 AWG, 3.3 300V, 80°C | 0.56
71-D24-CBLAO-2 fCta(t;I% \?/4;80° plug for module with 40-pin connector to 40-pin connector, 24 AWG, 6.6 300V, 80°C |0.61
71-D24-CBLA0-X (Coagls] ;N/45° plug for module with 40-pin connector to 40-pin connector, 24 AWG, 1.6 ft. 300V, 80°C |0.36
71-D24-CBLA0-1X gaglﬁ] ;N/45° plug for module with 40-pin connector to 40-pin connector, 24 AWG 3.3 ft. 300V, 80°C | 0.56
71-D24-CBL40-1P 231aglgl;/v/180° plug for module with 40-pin connector to 40-wire pigtail, 24 AWG, 3.3 ft. 300V, 80°C | 0.56
71-D24-CBLAO-2P (Cza(t))ls];NHSO" plug for module with 40-pin connector to 40-wire pigtail, 24 AWG, 6.6 ft. 300V, 80°C |0.61

71-D24-CBLA0-1XP 8ag|;;v/45° plug for module with 40-pin connector to 40-wire pigtail, 24 AWG, 3.3 ft. 300V, 80°C |0.56 Retired
71-D24-CBLA0-2XP (Czagls] ;N/45° plug for module with 40-pin connector to 40-wire pigtail, 24 AWG, 6.6 ft. 300V, 80°C | 0.61
ZL-D24-CON ZIPLink solder-style connector, 180°, 40-pin, qty. 2 N/A 0.36
ZL-D24-CON-X ZIPLink solder-style connector, 45°, 40-pin, qty. 2 N.JA 0.36

ZL-D24-CBL40-1P ZL-D24-CBL40-1XP
ZL-D24-CON Parts
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ZIPN< Connection Cables (cont.)

VAUTOMATIONDIRECT:

ZIPLink Connection Cables

. Insulation | Weight .
Part Number Description Rating (Ibs) Price
Productivity1000(] ZIPLink Cables

7L-P1-CBL10 Cable for module with 10 terminals to 24-prirr]1) 90-degree connector, 24 AWG, 1.6 ft. (0.5 300V 80°C | 0.26
7L-P1-CBL10-1 Cable for module with 10 terminals to 24-pri:) 90-degree connector, 24 AWG, 3.3 ft. (1.0 300V 80°C | 0.38
ZL-P1-CBL10-2 Cable for module with 10 terminals to 24-pri:) 90-degree connector, 24 AWG, 6.6 ft. (2.0 300V 80°C | 0.63
ZL-P1-CBL10-1P Cable for module with 10 terminals connector to 20-wire pigtail, 24 AWG, 3.3 ft. (1.0 m) | 300V, 80°C | 0.31
ZL-P1-CBL10-2P Cable for module with 10 terminals connector to 20-wire pigtail, 24 AWG, 6.6 ft. (2.0 m) | 300V, 80°C | 0.56

7L-P1-CBL18 Cable for module with 18 terminals to 24-prirt]1) 90-degree connector, 24 AWG, 1.6 ft. (0.5 300V 80°C | 0.28
ZL-P1-CBL18-1 Cable for module with 18 terminals to 24-pri:) 90-degree connector, 24 AWG, 3.3 ft. (1.0 300V 80°C | 0.41
7L-P1-CBL18-2 Cable for module with 18 terminals to 24-pri:) 90-degree connector, 24 AWG, 6.6 ft. (2.0 300V 80°C | 0.66
ZL-P1-CBL18-1P Cable for module with 18 terminals connector to 20-wire pigtail, 24 AWG, 3.3 ft. (1.0 m) | 300V, 80°C | 0.33
ZL-P1-CBL18-2P Cable for module with 18 terminals connector to 20-wire pigtail, 24 AWG, 6.6 ft. (2.0 m) | 300V, 80°C | 0.58

Serial Communication ZIPLink Cables
ZL-RJ12-CBL-2 Crossover cable with 6-pin RJ12 to 6-pin RJ12 connectors, 26 AWG, 6.6 ft. (2.0 m) 150V, 60°C | 0.26
ZL-RJ12-CBL-2P Cable with 6-pin RJ12 connector to 6-wire pigtail, 26 AWG, 6.6 ft. (2.0 m) 150V, 60°C | 0.26
\ - ZL-RJ12-CBL-2P
ZL-RJ12-CBL-2
e ZL-P1-CBL10-1P =
ZL-P1-CBL18-1 ZL-P1-CBL18-1P
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Connection Cables (cont.)

L Insulation | Weight .
Part Number Description Rating (Ibs) Price
Productivity ®2000 ZIPLink Cables
ZL-P2-CBL18 Cable for module with 18 terminals to 24-pin connector, 24 AWG, 1.6 ft. (0.5 m) 300V, 80°C |0.36
ZL-P2-CBL18-1 Cable for module with 18 terminals to 24-pin connector, 24 AWG, 3.3 ft. (1.0 m) 300V, 80°C {0.36
ZL-P2-CBL18-2 Cable for module with 18 terminals to 24-pin connector, 24 AWG, 6.6 ft. (2.0 m) 300V, 80°C |0.56
ZL-P2-CBL18-1P Cable for module with 18-pin connector to 20-wire pigtail, 24 AWG, 3.3 ft. (1.0 m) 300V, 80°C |0.56
ZL-P2-CBL18-2P Cable for module with 18-pin connector to 20-wire pigtail, 24 AWG, 6.6 ft. (2.0 m) 300V, 80°C |0.61
ZL-P2-CBL24 Cable for module with 24 terminals to 24-pin connector, 24 AWG, 1.6 ft. (0.5 m) 300V, 80°C {0.36
ZL-P2-CBL24-1 Cable for module with 24 terminals to 24-pin connector, 24 AWG, 3.3 ft. (1.0 m) 300V, 80°C |0.56
ZL-P2-CBL24-2 Cable for module with 24 terminals to 24-pin connector, 24 AWG, 6.6 ft. (2.0 m) 300V, 80°C |0.61
Cable with 24-pin connector to 24-wire pigtail for connecting any 24-pin ZIPLink module to
ZL-P2-CBL24-1P another 300V,80°C [0.36
device, 24 AWG, 3.3 ft. (1.0 m)
Cable with 24-pin connector to 24-wire pigtail for connecting any 24-pin ZIPLink module to
ZL-P2-CBL24-2P another 300V, 80°C |0.56
device, 24 AWG, 6.6 ft. (2.0 m)
7L-P3-CBL40-1P ZIPLink PLC 1/O cable, for Productivity Modules, 40-pin connector to pigtail, 24 AWG, 1.0 300V, 80°C |0.56
= meter (3.3 ft.) length.
7L-P3-CBL40-2P ZIPLink PLC I/O cable, for Productivity Modules, 40-pin connector to pigtail, 24 AWG, 2.0 300V, 80°C | 0.56
= meter (6.6 ft.) length.
} N Cable for module with 40-pin connector to 40-pin connector, shielded, 24 AWG, 1.6 ft. (0.5 m) .
ZL-CalLd0 (High-Speed 1/0 modules only) 300v,80°C |0.4
: L Cable for module with 40-pin connector to 40-pin connector, shielded, 24 AWG, 3.3 ft. (1.0 m) .
ZL-CBLI0-1S (High-Speed 1/0 modules only) 300V, 80°C |0.7
3 L Cable for module with 40-pin connector to 40-pin connector, shielded, 24 AWG, 6.6 ft. (2.0 m) .
Z-CBLI0-25 (High-Speed 1/0 modules only) 300V, 80°C 1.2
Serial Communication ZIPLink Cables
ZL-RJ12-CBL-2 Crossover cable with 6-pin RJ12 to 6-pin RJ12 connectors, 26 AWG, 6.6 ft. (2.0 m) 150V, 60°C |0.26
ZL-RJ12-CBL-2P Cable with 6-pin RJ12 connector to 6-wire pigtail, 26 AWG, 6.6 ft. (2.0 m) 150V, 60°C |0.26
\ - ZL-RJ12-CBL-2P
ZL-P2CBL1SA - ZL-RJ12.CBL-2
ZL-P2-CBL18-1P
ZL-P2-CBL24-1P
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onnection Cables (cont.)

L Insulation | Weight .
Part Number Description Rating (Ibs) Price
Productivity3000ZIPLink Cables
ZL-P3-CBL20 Cable for module with 20 terminals to 20-pin connector, 24 AWG, 1.6 ft. (0.5 m) 300V, 80°C 0.36
ZL-P3-CBL20-1 Cable for module with 20 terminals to 20-pin connector, 24 AWG, 3.3 ft. (1.0 m) 300V, 80°C 0.36
ZL-P3-CBL20-2 Cable for module with 20 terminals to 20-pin connector, 24 AWG, 6.6 ft. (2.0 m) 300V, 80°C 0.56
ZL-P3-CBL20-L Cable for module with 20-pin connector to 20-pin connector for LED module, 24 AWG, 1.6 ft. (0.5 m) | 300V, 80°C 0.36
ZL-P3-CBL20-1L Cable for module with 20-pin connector to 20-pin connector for LED module, 24 AWG, 3.3 ft. (1.0 m) | 300V, 80°C 0.36
ZL-P3-CBL20-2L Cable for module with 20-pin connector to 20-pin connector for LED module, 24 AWG, 6.6 ft. (2.0 m) | 300V, 80°C 0.56
ZL-P3-CBL20-P Cable for module with 20-pin connector to 20-wire pigtail, 24 AWG, 1.6 ft. (0.5 m) 300V, 80°C 0.36
ZL-P3-CBL20-1P Cable for module with 20-pin connector to 20-wire pigtail, 24 AWG, 3.3 ft. (1.0 m) 300V, 80°C 0.56
ZL-P3-CBL20-2P Cable for module with 20-pin connector to 20-wire pigtail, 24 AWG, 6.6 ft. (2.0 m) 300V, 80°C 0.61
ZL-CBL40 Cable for module with 40-pin connector to 40-pin connector, 24 AWG, 1.6 ft. (0.5 m) 300V, 80°C 0.36
ZL-CBL40-1 Cable for module with 40-pin connector to 40-pin connector, 24 AWG, 3.3 ft. (1.0 m) 300V, 80°C 0.56
ZL-CBL40-2 Cable for module with 40-pin connector to 40-pin connector, 24 AWG, 6.6 ft. (2.0 m) 300V, 80°C 0.61
Cable for module with 40-pin connector to 40-pin connector, shielded, 24 AWG, 1.6 ft. (0.5 m .
ZL-CBL40-S (High-Speed 1/0 modules only) ( ) 300V, 80°C 04
Cable for module with 40-pin connector to 40-pin connector, shielded, 24 AWG, 3.3 ft. (1.0 m .
ZL-CBL40-1 (High-Speed 1/0 modules only) ( ) 300V, 80°C 0.7
_ L Cable for module with 40-pin connector to 40-pin connector, shielded, 24 AWG, 6.6 ft. (2.0 m) .
ZL-CBL40-2S (High-Speed 1/0 modules only) 300V, 80°C 12
ZL-P3-CBL40-1P Cable for module with 40 terminals to pigtail, 24 AWG, 3.3 ft. (1.0 m) 300V,80°C | 0.41
ZL-P3-CBL40-2P Cable for module with 40 terminals to pigtail, 24 AWG, 6.6 ft. (2.0 m) 300V, 80°C 0.56
Universal ZIPLink Cables
_ L Cable with 24-pin connector to 24-wire pigtail for connecting any 24-pin ZIPLink module to another .
ZL-CBL24-1P dovice, 24 AWG. 33 ft. (16 1) 300V, 80°C | 0.36
_ L Cable with 24-pin connector to 24-wire pigtail for connecting any 24-pin ZIPLink module to another .
ZL-CBl24-2P dovice. 24 AWG, 6.6 fi. (20 1) 300V, 80°C | 0.56
ZL-DB9F-CBL-2P ZIPLink pigtail cable with 9-pin D-sub female connector, 28 AWG, 2.0 m (6.6 ft) length 300V, 80°C 0.30
ZL-DBYF-CBL-5P ZIPLink pigtail cable with 9-pin D-sub female connector, 28 AWG, 5.0 m (16.4 ft) length 300V, 80°C 0.30
Cable that allows the ZL-RTB40, ZL-RFU40 or ZL-LTB32-24-1 to custom wire to third party devices, .
ZL-CBL40-1P SEOTANG 33f (Tom) party 300V, 80°C | 041
Cable that allows the ZL-RTB40, ZL-RFU40 or ZL-LTB32-24-1 to custom wire to third party devices, .
ZL-CBL40-2P 24 AWG, 6.6 . (2.0 m) Y 300V, 80°C | 0.56
Serial Communication ZIPLink Cables
ZL-DBY9-CBL-2 Shielded cable with 9-pin D-sub male to female connectors, 28 AWG, 6.6 ft. (2.0 m) 300V, 80°C 0.36
ZL-DB15-CBL-2 Shielded cable with 15-pin D-sub male to female connectors, 28 AWG, 6.6 ft. (2.0 m) 300V, 80°C 0.56
ZL-DB25-CBL-2 Shielded cable with 25-pin D-sub male to female connectors, 28 AWG, 6.6 ft. (2.0 m) 300V, 80°C 0.56
ZL-RJ12-CBL-2 Crossover cable with 6-pin RJ12 to 6-pin RJ12 connectors, 26 AWG, 6.6 ft. (2.0 m) 150V, 60°C 0.26
ZL-RJ12-CBL-2P Cable with 6-pin RJ12 connector to 6-wire pigtail, 26 AWG, 6.6 ft. (2.0 m) 150V, 60°C 0.26
ZL-P3-CBL20-1
ZL-DB9-CBL-2
ZL-RJ12-CBL-2 ZL-DBIF-CBL-2P ZL-RJ12-CBL-2P
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ZIPNC Connection Cables (cont.)

ZIPLink Connection Cables

. Insulation | Weight .
Part Number Description Rating (Ibs) Price
AC Drive, Servo, Stepper, and Soft Starter ZIPLink Cables
RS232 cable with 6-pin RJ12 connector to 6-pin RJ12 connector for GS2 Series drives ONLY. .
GS-RJ12-CBL-2 26 AWG, 6.6 . (2.0 m) 300V,80°C | 0.26
. npr RS485 shielded twisted pair cable with 6-pin RJ12 to 15-pin male D-sub connector for all .
G5-405HD15-CRI-2 GS Series/DuraPulse drives, 28 ANG, 6.6 ft. (2.0 m) 30v, 80°C 026
GS drive communication cable with 6-pin RJ12 connector to 6-pin RJ12 connector,
3-wire straight-through, 26 AWG, 6.6 ft. (2.0 m). Use this cable and a ZL-CDM-RJ12Xxx
GS-485RJ12-CBL-2 distribution module to create a plug and play RS-485 network. Connect multiple SureServo | 300V, 80°C | 0.11
amplifiers, Stellar SR44 soft starters, GS series drives, and Durapulse series drives to a PLC
via RS-485.
GS drive communication cable with 6-pin RJ12 connector to 6-pin RJ12 connector, 6-wire
GS-EDRV-CBL-2 straight-through, 26 AWG, 6.6 ft. (2.0 m). Use this cable to connect GS series and Durapulse | 150V, 60°C | 0.11
series drives to the GS-EDRV Ethernet communication module.
. PRI ZIPLink GS drive cable, 6-pin RJ12 to 5-pin terminal block, 6.5ft/2m cable length. For use with .
GS-ISOCON-CBL-2 GS series drives and FA-ISOCON converter. 150v,60°C | 0.11
Q. Shielded twisted pair cable with 50-pin connectors to connect any SureServo amplifier to a .
ZL-SVC-CBL50 ZL-RTB50 module, 28 AWG, 1.6 f. (0.5 m) 30v.80C | 036
QUL L Shielded twisted pair cable with 50-pin connectors to connect any SureServo amplifier to a .
ZL-SVC-CBLI0-1 ZL-RTB50 module, 28 AWG, 3.3 ft. (1.0 m) 30V, 80C | 046
QU . Shielded twisted pair cable with 50-pin connectors to connect any SureServo amplifier to a .
ZL-SVC-CBL50-2 ZL-RTB50 module, 28 AWG, 6.6 ft. (2.0 m) 30v,80°C | 0.56
: L SureServo cable used to connect any SureServo amplifier to custom wire to third party devices, .
ZL-LBL50-1P 28AWG, 3.3 ft. (1.0 m) 30V,80°C 0.46
: L SureServo cable used to connect any SureServo amplifier to custom wire to third party devices, .
ZL-CBL50-2P 28AWG, 6.6 ft. (2.0 m) 30v,80°C | 0.56
N PRI RS232 shielded twisted pair cable with 6-pin RJ12 to 6-pin IEEE connector for all SureServo .
e P ampliiers, 6.6 ft. (2.0m) 30v.80°C | 0.16
L npr ZIPLink servo cable, 15-pin D-sub HD15 male to 6-pin IEEE connector, shielded, twisted pair, .
SVC-485HD15-CBL-2 RS-485, 6.5ft/2m cable length. For use with SureServo amplifiers. 30V, 80°C 026
N ARl ZIPLink servo cable, 6-pin RJ12 to 6-pin IEEE connector, shielded, twisted pair, RS-485, .
SVC-485R412-CBL-2 6.5ft/2m cable length. For use with SureServo amplifiers. 30V, 80°C 016
. Rl ZIPLink servo cable, 6-pin RJ45 to 6-pin IEEE connector, shielded, twisted pair, RS-485, .
SVC-485CFG-CBL-2 6.5ft/2m cable length. For use with SureServo amplifiers. 30V, 80°C 016
SureStep drive communication cable with 6P4C RJ11 connector to 6-pin RJ12 connector,
STP-232RJ12-CBL-2 3-wire, RS-232, 26 AWG, 6.6 ft. (2.0 m). Use this cable to connect STP-DRV-4850 or STP- | 300V, 80°C | 0.11
DRV-80100 stepper drives to a DL05 PLC or a CLICK PLC.
L npi ZIPLink stepper cable, 6P4C RJ11 to 15-pin D-sub HD15 male, shielded, twisted pair, RS-232, .
STP-232HD15-CBL-2 6.5ft/2m cable length. For use with SureStep drives. 30V, 80°C 021
L npr ZIPLink soft starter cable, 6-pin RJ45 to 15-pin D-sub HD15 male, shielded, twisted pair, RS- .
SRA4-485HD15-CBL-2 485, 6.5ft/2m cable length. For use with Stellar soft starters. 30v, 80°C 021
Stellar SR44 soft starter communication cable with 6-pin RJ45 connector to 6-pin RJ12
connector, 3-wire, RS-485, 26 AWG, 6.6 ft. (2.0 m). Use this cable and a ZL-CDM-RJ12Xxx
SR44-485RJ45-CBL-2 distribution module to create a plug and play RS-485 network. Connect multiple SureServo | 30V, 80°C 0.16
amplifiers, Stellar SR44 soft starters (with optional SR44-RS485 communication adapter), GS
series drives, and Durapulse series drives to a PLC via RS-485.

GS-485HD15-CBL-2

f\*\\ D

SVC-232RJ12-CBL-2 SVC-485HD15-CBL-2 ZL-SVC-CBL50
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