
Zyklop Insulated Ratchet

Small return angle
The fine 80-tooth ratchet mechanism 
has a low return angle of 4.5°. This 
short stroke allows fast and precise 
work in small spaces.

Made for tight spaces
Slim design and finely-spaced teeth 
allow for work in the tightest spaces.

Simple operation
Flicking the switch lever quickly 
changes rotation from clockwise to 
counterclockwise. Press-to-unlock allows 
for quick and clean socket changes.

Insulated and rated
 Individually tested tool as per IEC 
60900 at 10,000V for safe working at 
the approved voltage of 1,000V.

Zyklop Insulated Ratchets
Part Number Description Price

05004966001

Wera Zyklop VDE ratchet, insulated, switch lever, 3/8in 
drive, 4.5 degrees return angle, Kraftform ergonomic 

handle, 90-degree fixed head, metal with plastic coating 
construction, ballpoint socket with button release 

mechanism locking mechanism.

$150.00

LIMITED
LIFETIME
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Zyklop Insulated 3/8in-Drive 
Ratchet and Socket Set

LIMITED
LIFETIME

3/8in Drive Metric Ratchet Set
Part Number Number of 

Pieces Part Image Type Drive Size Set Includes Price

05004970001 17

Zyklop insulated 
ratchet 3/8in

(1) 3/8in Zyklop VDE slim ratchet, (14) 3/8in 
Zyklop VDE sockets (6mm, 7mm, 8mm, 9mm, 
10mm, 11mm, 12mm, 13mm, 14mm, 15mm, 

16mm, 17mm, 18mm, 19mm), (1) 3/8in Zyklop 
VDE 91mm extension, (1) 3/8in Zyklop VDE 

166mm extension, (1) textile storage box

$707.00

Insulated extension 3/8in x 166mm [6.5in]

Insulated extension 3/8in x 91mm [3.6in]

Internal Hex

6mm, 7mm, 8mm, 9mm, 
10mm, 11mm, 12mm, 
13mm, 14mm, 15mm, 
16mm, 17mm, 18mm, 

19mm
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